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Website: www.FairviewMicrowave.com

Phone: 1.800.715.4396 | 1.972.649.6678

SCALE
NONE

SHEET
10F 1

DESCRIPTION

WR 90 FLEXIBLE/TWISTABLE ASSEMBLY, 24" LENGTH,
CMR/CMR FLANGES, BRASS, NEOPRENE JACKET
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