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NOTES:
1. FINISH (PLATING THICKNESS IN MICRO-INCHES)
. BERYLLIUM COPPER.
. GOLD PL.40 MIN. OVER NICKEL-PHOSPHORUS ALLOY
PL. 80 MIN. OVER COPPER PL. 20MIN.
THESE COMMODITIES, TECHNOLOGY OR SOFTWARE WERE EXPORTED FROM THE UNITED STATES IN ACCORDANCE WITH THE EXPORT
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