LENGTH MEASURED FROM
CONTACT TO CONTACT
32mm HEX
HEAT SHRINK FAIRVIEW MICROWAVE PIM LEVEL
PROTECTOR PART # -zzzdBc
(2X)
1
% )
% FM LABEL PIM LABEL @
i ’ )
h
I 6" FROM CABLE END
21 FLATS SPF-250
mm 1 PLACE.
11mm HEX CONTACT
- LABEL CENTERED 84" OR LESS.
CONTACT - GREATER THAN 84" LABEL 2 PLACES
12" FROM CABLE END.
7/16 DIN XN SCREW
MALE MALE
STANDARD TOLERANCES
X £0.2
XX £0.01
XXX £0.005
*STANDARD TOLERANCES APPLY
ONLY TO DIMENSIONS IN INCHES
1 1 1 NOTES:
. . - m—mHH<—.ms gﬂoﬂosm_c.m 1. UNLESS OTHERWISE SPECIFIED ALL DIMENSIONS ARE NOMINAL.
. . 2. ALL SPECIFICATIONS ARE SUBJECT TO CHANGE WITHOUT NOTICE AT ANY TIME.
. . an _Z—H_Z_.—-m _Qq.m:Q 3. DIMENSIONS ARE IN INCHES [mm].
TITLE DWG NO CAGE CODE
FMCA2029 3FKR5
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