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A >12[305] = +125]/-0 | DESCRIPTION
>12 [305] < 60 [1524] = +2 [51] / -0 . :
260 [1524] € 120 (3048 = +4 [102] )0 | RF PCB Connector, BNC Twinax Jack Right Angle Connector Solder
>120 [3048] < 300 [7620] = +6 [152] / -0 Attachment Thru Hole PCB, .687 inch x .500 inch Hole Spacing
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