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CABLE LENGTH TOLERANCES: Phone: 1.800.715.4396 | 1.972.649.6678 NONE 1 OF 1
A <12 [305] = +1(25]/-0 | DESCRIPTION
>12[305] < 60 [1524] = +2 [51] / -0
260 [1524] £ 120 [3048] = +4 [102] -0 POWER DETECTOR, SMA MALE INPUT, POSITIVE OUTPUT
>120 [3048] < 300 [7620] = +6 [152] / -0 SLOPE, +23 DBM MAX PIN, 0.5 MHZ TO 8 GHZ
THE INFORMATION CONTAINED IN THIS DRAWING IS THE SOLE PROPERTY OF INFINITE ELECTRONICS, INC. ANY REPRODUCTION IN 5300 [7620] = +5% 0
PART OR WHOLE WITHOUT THE WRITTEN PERMISSION OF INFINITE ELECTRONICS, INC. IS PROHIBITED. SIZE | CAGE CODE | DRAWN BY ITEM NO. REV
R S S M s SRR O oo Accoromee e RSO S| A | SFKRS | KOLEBOVA FMPT1006 A

T-Rev.D2 6 | 5 | 4 3 [ 2 [ 1




	Model

