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ZONE | REV DESCRIPTION DATE CHANGED BY APPROVED
A INITIAL RELEASE 03/23/2023 HBAKKE AGANWANI
WINDING
F
LOOPING & BENDING
— INNER JACKET —
STRIPPER
AL CUTTER
E
STRIPPING SCALE
(12mm)
D OUTER JACKET
STRIPPER (2-CORE)
FUNCTIONS:
STRIPPING SCALE 1. PROVIDES CABLE STRIPPER/CUTTER/PLIERS/LOOPING &
(NUMBERS UNIT: cm) BENDING/STRIPPING SCALE WITH ERGONOMIC HANDLES.
c 2. STRIPS & CUTS 2-CORE FOR 1.6/2.0mm VVF CABLE.
3. WINDING @4mm~@6mm
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CABLE LENGTH TOLERANCES: Phone: 1.800.715.4396 | 1.972.649.6678 NONE 1 OF 1
A <12[305] = +1(25]/-0 | DESCRIPTION
>12 [305] < 60 [1524] = +2 [51] / -0 Tool, 1.6/2.0mm VVF Cable 2-Core Winder @4-@6mm
>60 [1524] < 120 [3048] = +4 [102] / -0
>120 [3048] < 300 [7620] = +6 [152] / -0
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