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TOLERANCES:

HOLE TOLERANCE: X.XXX +.003
LENGTH TOLERANCE: X.XXX +.010
LENGTH TOLERANCE: X.XX +.03
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TITLE DWG NO CAGE CODE

FMTP1011 3FKR5

CAD FILE 080516 | SHEET SCALE N/A SIZE A 2233




