©1.126
[28.60]
WR-22 WAVEGUIDE
UG383/U ROUND FLANGE
TYP
©.937 ®.500

[23.80]
B.C

2X (¢.0615 [1.562]
DOWEL PIN

.112+.001

[2.84+0.02] A

.250
[6.35]

160
[4.06]

.030
[0.76]

157
[4.00]
TYP

2X ¢ .067[1.70]
T THRU HOLE

.224+.001
[5.69+0.02]

FLANGE DETAIL

STANDARD TOLERANCES

X +0.2
XX +£0.01
XXX £0.005

*STANDARD TOLERANCES APPLY
ONLY TO DIMENSIONS IN INCHES

X #4-40 UNC-2B

3.00
[76.2]

“nl Fairview Microwave

Il M an INFINIT® brand

NOTES:

1. UNLESS OTHERWISE SPECIFIED ALL DIMENSIONS ARE NOMINAL.

2. ALL SPECIFICATIONS ARE SUBJECT TO CHANGE WITHOUT NOTICE AT ANY TIME.
3. DIMENSIONS ARE IN INCHES [mm].

TITLE

DWG NO CAGE CODE
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