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NOTES:
1. LABEL PER ILS-100-09. FOR INTERNAL REFERENCE ONLY.

LABEL LOCATION FOR REFERENCE ONLY.
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FLANGE DETAIL

THESE COMMODITIES, TECHNOLOGY OR SOFTWARE WERE EXPORTED FROM THE UNITED STATES IN ACCORDANCE WITH THE EXPORT
ADMINISTRATION REGULATIONS. DIVERSION CONTRARY TO U.S. LAW PROHIBITED.

THIRD-ANGLE PROJECTION

HEE Fairview Microwave"
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