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STANDARD TOLERANCES
X £0.2

XX £0.1

XXX £0.05

*STANDARD TOLERANCES APPLY
ONLY TO DIMENSIONS IN INCHES

WR-340

Dimension | Inches mm
A 4.687 | 119.06
B 2.688 68.28
C 3.400 86.36
D 5.437 | 138.10
E 3.750 95.25
F 1.700 43.18
G 1.342 34.08
H 3.000 76.20
I 2.070 52.58
] 2.080 52.83
K 1.860 47.24
L 3.543 90.00
M 0.390 10.00
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FAIRVIEW MICROWAVE INC.

ALLEN, TX 75013 WWW.FAIRVIEWMICROWAVE.COM

NOTES:

1. UNLESS OTHERWISE SPECIFIED ALL DIMENSIONS ARE NOMINAL.
2. ALL SPECIFICATIONS ARE SUBJECT TO CHANGE WITHOUT NOTICE AT ANY TIME.
3. DIMENSIONS ARE IN INCHES [mm].

TITLE

DWG NO

SMW340ACN

CAGE CODE

3FKR5

CAD FILE

102416

SHEET

SCALE N/A

SIZE A

41742




