SMA POWER DIVIDER 2-WAY 1-4 GHZ

MP8314-2

SPECIFICATIONS

ELECTRICAL:

FREQUENCY: 1-4 GHZ

VSWR 1.25:1 MAX'IN, 1.2 OUT

POWER CW: 20 WATTS INTO 1.2:1 VSWR;
10 WATTS INTO 2:1 VSWR,;
3 WATTs INTO OPEN

ISOLATION: 18 DB MIN

INSERTION LOSS: 3.4 DB (3+.4)

AMPLITUDE BALANCE: +/- 0.2DB MAX

PHASE BALANCE: 3 DEGREES MAX

IMPEDANCE: 50 OHMS

MECHANICAL

CONNECTORS: NICKEL PLATED BRASS
CONTACTS: GOLD PLATED
ENVIRONMENTAL:

TEMP: -556 CTO +125C
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