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SMA POWER DIVIDER 2-WAY .4-3.6 GHZ

MP8455-2

SPECIFICATIONS (104.00)

ELECTRICAL: %Wﬁ 39"
I o o o __1%‘ (10.00)

FREQUENCY: .4-3.6 GHZ

VSWR 1.40:1 MAX

FORWARD POWER CW: 20 WATTS
REVERSE POWER CW: 3 WATTS

ISOLATION: 17 DB MIN | 3.90" |
INSERTION LOSS: 4.3 DB (3+1.3) ‘ (99.00) ‘
AMPLITUDE BALANCE: 0.3DB MAX
PHASE BALANCE: 3 DEGREES MAX —_® &)
IMPEDANCE: 50 OHMS Immmm |
MECHANICAL 1.02" = _ _ _ _ I 51" 1.26"
CONNECTORS: Au PLATED BRASS (26.00) (13.00)  (32.00)
CONTACTS: Au PLATED BeCu —
ENVIRONMENTAL: N 7 ®
TEMP: -55°C TO +125°C @.11" X 4
(2.80)
ROHS COMPLIANT
MEASUREMENTS BELOW ARE TYPICAL FAIRVIEW MICROWAVE INC.
@ ChantTie ALLEN, TX 75013 WWW.FAIRVIEWMICROWAVE.COM
——MP8455-2_511dB ——MPB435-2_S22dB ——MP8435-2_533B ——MP8455-2_S32dB ——MPB455-2_S21dB MP8455-2_S31¢B
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