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Electrical Specifications
                                                                                                              
	 Description	 Min	 Typ	 Max	 Units	

Frequency Range	 0.01		  40	 GHz	
Impedance		  50		  Ohms	
VSWR		  1.6:1	 2:1		
Insertion Loss		  1.5	 1.8 	 dB	
DC Voltage			   16	 Vdc	
DC Current			   250	 mA	
. 		   								      

Mechanical Specifications
Size
.

Weight	 0.0375 lbs [17.01 g]
.

Environmental Specifications
Temperature
Operating Range	 -40 to +85 deg C
Storage Range	 -55 to +125 deg C

Humidity	 MIL-STD-202G
Shock	 MIL-STD-202G
Vibration	 MIL-STD-202G

Compliance Certifications (see product page for current document)	

Plotted and Other Data
Notes:	

2.92mm Bias Tee from 10 MHz to 40 GHz Rated to 250 mA and 16 Volts DC from 
Fairview Microwave is in-stock and available to ship same-day. All of our RF/
microwave products are available off-the-shelf from our ISO 9001:2008 certified 
facilities in Lewisville, Texas. Fairview Microwave is RF on-demand.

For additional information on this product, please click the following link: 2.92mm 
Bias Tee from 10 MHz to 40 GHz Rated to 250 mA and 16 Volts DC SB4020

URL: https://www.fairviewmicrowave.com/2.92mm-bias-tee-10-mhz-40-ghz-
250-ma-16-volts-dc-sb4020-p.aspx
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Configuration:
•	Design: Broadband
•	RF Port Connector: 2.92mm 

Female
•	DC/RF Port Connector:2.92mm 

Female
•	DC Port Connector: Pin
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THESE COMMODITIES, TECHNOLOGY OR SOFTWARE WERE EXPORTED FROM THE UNITED STATES IN ACCORDANCE WITH THE EXPORT 
ADMINISTRATION REGULATIONS. DIVERSION CONTRARY TO U.S. LAW PROHIBITED.

°ANGLES ± 1
± 1/32

FRACTIONS.2     [5.08].X = ±
.XX = ± .02   [ .51 ]

.005 [ .13 ].XXX = ±

TOLERANCES:

                         L ≤ 12 [305] = +1 [25] / -0
      12 [305] < L ≤ 60 [1524] = +2 [51] / -0
  60 [1524] < L ≤ 120 [3048] = +4 [102] / -0
120 [3048] < L ≤ 300 [7620] = +6 [152] / -0
                     300 [7620] < L = +5%L / -0

CABLE LENGTH (L) TOLERANCES:
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