MINISMP F 047 CABLE CONNECTOR

SC5437

0.091"

SPECIFICATIONS 3

ELECTRICAL:

FREQUENCY: 0-60 GHZ

VSWR 1.35:1 MAX @ 40GHZ
IMPEDANCE: 50 OHMS

OP. TEMP RANGE: -55° to +125°C
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MECHANICAL:

MATERIAL BODY: BeCu
CENTER CONTACTS: BeCU
PLATING: Au PER MIL-G-45204
INSULATOR: TEFLON
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