
TITLE

DWG NOSIZE REV

SHEETSCALE

CAGE CODE

A

SPECIFICATIONS

ELECTRICAL:

FREQUENCY: DC-10 GHZ
IMPEDANCE: 50 OHMS

MECHANICAL:

MATERIAL BODY: BRASS
CENTER CONTACT: BeCu PER 30µ-IN
INSULATOR: TEFLON
INTERFACE: MIL-STD-883A

OP TEMPERATURE: -55° TO +125°C

ROHS COMPLIANT

3FKR5

SMC 4 HOLE FLANGE SOLDER POT

5.9(.232)

9.5(.374) SQ.

4 STAMPING

SMC F

.024
(0.6)
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SMC 4 HOLE FLANGE SOLDER POT

.039
(1.0)

.575

(14.6)

.374

(9.5)

ALL DIMENSIONS IN inches(MM) Typical


