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SPECIFICATIONS

CABLE ASSEMBLY:

VSWR: 1.2:1 TYPICAL @ 3GHZ
IMPEDENCE: 50 OHMS
FREQUENCY: 0-6 GHZ
RECOMMENDED MAX FREQUENCY: 3 GHZ

NOMINAL LOSS (EXCLUDING CONNECTORS)
@ 1 GHZ: 0.26 DB/FT
@ 2 GHZ: 0.38 DB/FT
@ 3 GHZ: 0.47 DB/FT

MAX POWER: 170 WATTS
@1 GHZ: 140 WATTS

OPERATING TEMP: 25 DEG C-125 DEG C

MIN BEND RADIUS: .50"

CONNECTOR:
INTERFACE: MIL-STD-883
PIN: BRASS, Au PLATTING
TORQUE: 5 in-ILBS

XX"  +/- .05"

3FKR5

PROTECTIVE HEAT SHRINK.098" OD

.411"

.315"

HEX

ALL DIMENSIONS IN inches(MM) Typical

MEASUREMENTS BELOW ARE TYPICAL


