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MIXER DOUBLED BALANCED RF 1-1000 IF 0-1000MHZ

SFMO011000
SPECIFICATIONS
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ELECTRICAL

FREQUENCY:
LO/RF: 1-1000 MHZ
IF: DC-1000 MHZ
LO DRIVE: +7 dBm Typ.
CONVERSION LOSS : 8.0 dB MAX
L/R ISOLATION: 25 dB MIN
L/l ISOLATION: 20 dB MIN
1 dB COMPRESSION POINT: + 1dBm Typical

ROHS COMPLIANT

PORT CONFIGURATION
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IF: 2
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