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SMC-BNC ADAPTERS 4GHZ

SM3682

SPECIFICATIONS

ELECTRICAL

FREQUENCY: 0-4 GHZ

IMPEDANCE: 50 OHMS

VSWR: 1.2:1 MAX @ 2GHZ
1.35:1 MAX @ 4 GHZ

MECHANICAL
MATERIAL BODY: NICKEL PLATED BRASS

(11.4)

BNC-F

SMC-P

CONTACT PLATING: Au PER MIL-G-45204
FEMALE CONTACTS: BeCu
INSULATOR: TEFLON
C-F INTERFACE: MIL-STD-348A
TEMPERATURE: -55° C to +110° C
MEASUREMENTS BELOW ARE TYPICAL
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