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SPECIFICATIONS

ELECTRICAL:

FREQUENCY: 18-40 GHZ

VSWR 2.0:1 MAX

POWER CW: 100 WATTS

POWER PEAK: 3KW

IMPEDANCE: 50 OHMS

INSERTION LOSS: 2.5 DB MAX

MIN. ADJUSTABLE PHASE SHIFT: 0 TO 360°

MATERIAL CONNECTORS: STAINLESS STEEL
MATERIAL BODY: ALUMINUM
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