TERMINATION 18GHZ N-F CHAIN

STN1836C

SPECIFICATIONS

5/8-24UNEF-2A
ELECTRICAL:

FREQUENCY: 0-18 GHZ - -
VSWR @ 18 GHZ: 1.25:1 MAX

POWER (AVG) 2 WATTS @ 25 DEG C

POWER 1W @ 125 DEG C N-F
POWER (PEAK) 250W

IMPEDANCE: 50 OHMS

OP. TEMP RANGE: -45C- +125C L -

MECHANICAL:

MATERIAL BODY: BRASS
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BODY PLATING : TRIMETAL (TIN/ZINC/COPPER)
CENTER CONTACT: Au PLATED BeCu 30p-in
INTERFACE: MIL-STD-883
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