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Electrical Specifications*
                                                                                                              
 Description Min Typ Max Units 

Frequency Range 60  90  GHz 
Impedance  50  Ohms 
Typical Attenuation Value 0  30 dB 
Insertion Loss   0.4 dB 
Input Power   0.1 Watts 
VSWR   1.15:1  
           

Values at 25°C, sea level

Mechanical Specifications

Flange 1
Interface UG-387/U
Material Aluminum
Plating Gold
Color GLD

Waveguide
Interface WR-12
Material Aluminum
Plating Black Anodized
Color GLD

Flange 2
Interface UG-387/U
Material Aluminum
Plating Gold
Color GLD

Size
Length 2.5 in [63.5 mm]
Width 0.75 in [19.05 mm]
Height 2.165 in [54.99 mm]
.

Weight 0.25 lbs [113.4 g]

Compliance Certifications (see product page for current document) 

Plotted and Other Data
Notes: 
• Values at 25 °C, sea level

WR-12 Waveguide Continuously Variable Attenuator 
with Dial 0 to 30 dB Operating from 60 GHz to 
90 GHz, UG-387/U Round Cover Flange

Fairview Microwave
301 Leora Ln., Suite 100
Lewisville, TX 75056
Tel: 1-800-715-4396 / (972) 649-6678 
Fax: (972) 649-6689
www.fairviewmicrowave.com
sales@fairviewmicrowave.com

Features:
• Design: Continuously Variable Attenuator
• Waveguide: WR-12
• Flange: UG-387/U
• Body Material and Plating: 

Aluminum, Black Anodized
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WR-12 Waveguide Continuously Variable Attenuator with Dial 0 to 30 dB Operating from 60 GHz to 90 GHz, UG-387/U 
Round Cover Flange from Fairview Microwave is in-stock and available to ship same-day. All of our RF/microwave products 
are available off-the-shelf from our ISO 9001:2008 certified facilities in Lewisville, Texas. Fairview Microwave is RF on-
demand.

For additional information on this product, please click the following link: WR-12 Waveguide Continuously Variable Attenuator 
with Dial 0 to 30 dB Operating from 60 GHz to 90 GHz, UG-387/U Round Cover Flange FMW12AT002-30

URL: https://www.fairviewmicrowave.com/wr-12-waveguide-continuously-variable-attenuator-30-db-ug387-round-fm-
w12at002-30-p.aspx
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°ANGLES ± 1
± 1/32

FRACTIONS.2     [5.08].X = ±
.XX = ± .02   [ .51 ]

.005 [ .13 ].XXX = ±

TOLERANCES:

                         L ≤ 12 [305] = +1 [25] / -0
      12 [305] < L ≤ 60 [1524] = +2 [51] / -0
  60 [1524] < L ≤ 120 [3048] = +4 [102] / -0
120 [3048] < L ≤ 300 [7620] = +6 [152] / -0
                     300 [7620] < L = +5%L / -0

CABLE LENGTH (L) TOLERANCES:
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